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EXPANSIONSERT 1
Brass | Type 0231 | flange

Advantages:
• Universal thread insert for thermoset andthermoplastic components
• High-strength threads by expansion anchoring
• Quick, cost-effective installation
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Diameter Article number d1 L1 Length (l) l1 a b l2 Outer

(d) nominal size nominal size min. min. min. D1+0,2 diameter (d2)

M 2.5 02310250006 4 6.0 6.0 3.6 2.4 3.2 0.8 5.5 5.5
M 3 02310030006 4.8 6.0 6.0 3.5 2.9 3.2 0.8 6.3 4.8

M 3.5 02310350075 4.8 7.5 7.5 4.7 2.9 4.0 0.8 6.3 4.8
M 4 02310040075 5.5 7.5 7.5 4.4 3.3 4.7 0.8 7.0 5.5
M 5 02310050085 6.5 8.5 8.5 5.0 3.9 5.5 0.8 8.0 6.5
M 6 02310060011 8 11.0 11.0 7.0 4.8 6.2 0.8 10.0 10.0


