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SNAPLOC® Ball studs
Internal thread

1/1

Outer Depth Thread Thread Ball

dimension (L1)
Colour

dimensions length (L2) diameter (D)

40200100006 SW 12 62.6 black M6 10 10
40200100009 SW 12 42.0 black M6 10 10
40290010601 – 97.0 black M6 11 15
40290050601 SW 13 18.0 black M6 10 8
40290070601 SW 15 12.0 black M6 8 15
40290080002 SW 10 25.0 black M6 17 8
40290130504 SW 12 37.0 black M5 10 10
40290160604 SW 15 78.0 black M6 11 10
40290160605 SW 15 113.0 natural M6 11 10
40290290601 SW 13 54.0 natural M6 11 10
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